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MatchMate BLUE™

AQP™ Thin Cover Hose added to growing MatchMate Plus™ Assembly System

Features of MatchMate BLUE

* Excellent high temparature rasistance - to +300 degrees F
* Excellent fluid compatibility
* Extended performance lifa
* Long shelf life
* Standard fittings-global Through-The-Cover (TTC)
* |nventory reduction - one hose for a variety of needs
® High impulse pressuras
eibldoedgmriapr Y eppagy 4 * Meets SAE and DIN performance requirements
Matchidate BLUE features siver leltering * High pressure 2-wire braid GH195 available now

with AQP blug cover. Ring symbols on the * Madium pressure 1-wire braid GH184 available now
fose ayine sasily idenilfy it as 8 member

of the MatchMate Plus Assembly System. Benefits of MatchMate BLUE
Lower costs due to:

# Loss Downtime # Less Handling
s Less Rework # Less Scrap
s Less Inventory « More Productivity

Aeroquip's AQP Hose has been known throughout
Industry as the solution to problems in demanding
hose applications and environmentis like;

» Stael Mills e Truck and Bus
» Chemical Transfar e Construction
« Chemical Plants « Engine Compartments

High Temperature Performance

Perdormance of Asroqulp's ACF hose in high tempearaiure operating
environments up to 300 dagrees F is legandary. Standard hose

MatchMaile SLUE expands the seiection lube compounds can become britie and crack at elevated temp-
of superior performance hose slyles now eratures, MalchMate BLUE and other AQP hose products maintain
avaitable from Aeroquip. thair fiexibility and performance beyond standard designs thanks 1o

thair patented palymer formulation

Chemical Resistance

Additives used in some hwdraalic and fire-resistant flusds or ganaral
axposure o chamicals can sometimes cause degradation of
standard rubber compounds. MatchiMate BLUE with its AQP
material is highly resistant lo many of these aggressive fluids both
wilkiini the kose of On its cover,

Long Sheilf Life

AGP can alsn withstand the effects of extended shelf Ba. Whathar
siored on the top of your shelving where heal rises 1o the peak of
vour warahousa, of kepl in a repair vehicle in the degsert sun, AQP
outlasts standard hose tube and cover CoOmpounds,
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Hi-Impulse® Pressures

Matchiate BLUE meets the requiraments ol Aeraquip’s HI-IMPULSE® hose when used with TTG crimp
fittings. The parfcrmancs equals or exceeds SAE and DIM requirements. These are the global standards for
pressure parformance in wire braided hoss,

Compatible with Aeroquip’s Popular MatchMate Plus Assembly System

The highly popular Matchiate Plus TTC fitings can be assembled on the thin cover Matchhate BLUE
without skiving. These Through-The-Cover fitlings have become the indusiny standard for simplicity of use
and assembly, The unique Aercquip malching and mating of colors and ring symbols used on the hose,
fittings and crimp 1ooling have been extended to MatchMate BLUE. bringing this excellent problam-solving
oroduct into the MalchMate Plus family of hose styles.

MatchMate BLUE GH194

Single wire braid meets DIN 20 022 Type 15N, Exceeds SAE 100R1AT performance
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MatchMate BLUE GH195

Double wire braid meets DIN 20 022 Type 2SN, Exceeds SAE 100R2AT performance
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| WARNENG: Improps delscton, inslaiabon snd mantsnines of hate and relaled produdtl miy * Call Azrequip

| A result i peoparty damage, seficess inpry, o doath. Fead Aseoqup's Masser Camabog JA3 1S ard Corporation for

| Crimp Bposhcatons Bulletn JASS 1o iFinac i dmensions
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