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Foot Mounting Bracket
Model M-MFB*-f**-31

Mounting Kit FB-B-10
(Includes Screws)

Valve Plate S/A
Model (Includes 12016 Bearing)
M-MFB15-U*-31 922995

@326181
Cylinder Block

167237 Pin (2 req’d)

@241954
1201_6 Spring
Bearing Washer

A 279706 Gasket

@24881 Pin
ore @247204  (31eqd)
crew Spring
(4 req'd) giifn?ﬁg ©423324
Torque to 25-35 Ib. ft. Ring Spherical Washer
@245223 @275961
Lift Limiter Shoe Plate
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263451
Nameplate
227401 Screw (4 req'd) 237713 120428
Bearing Retaining Ring
_ . 274382 Retainer
164432 Instruction Plate |
l 1 .

321621 Housing

119982
Retaining Ring

9923190 Model Shaft Ke
I(zls;%rtloﬁl;) A 263497 "O" Ring Designation y
M-MFB*-U-31 261552 | 22971
M-MFB*-UG-31 | 295729 | ——
239077 186580 Plug M-MFB*-UY-31 | 270370 | 58303
Swash Plate
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@Included in 922996 Ro-

tating Group Kit %

A Service all units with i
F3 Seal Kit 919521 Assembly View




Model Code

M- MFB 15 - % % - 31

bbb odb b

Mobile Application Flow Rating Shaft Type
. @1800 RPM Y - Standard (Keyed)
Model Series 15- 15 USgpm G - Splined

MFB - Motor, fixed displacement,
inline piston type, B series

Shaft Rotation [6] Design
U - Either direction

For satisfactory service life of these components in industrial applications, use full flow filtration to provide fluid which meets
ISO cleanliness code 20/18/15 or cleaner. Selections from Eaton OFP, OFR, and OFRS series are recommended.
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